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Keeping you alive.

Emergency situations demand trust in the people who are there to  

help you and also in the technology which now surrounds us in criti-

cal situations.

Just as an anaesthetist or a surgeon needs practice and experi-

ence, we have over the years gathered expertise in a wide range of  

intensive care applications, from respirator technology and anaes-

thesia to insufflators for keyhole surgery.

We have direct experience in a range of applications from gas  

mixing and distribution to systems for cleaning and leak testing en-

doscopes. For every client, fully customized products and systems 

are created from our range of standard technology. Fast and clean  

facilities house both engineering and tool design. Rapid prototyping 

and 3D printing allow you to integrate complex ideas and modules 

into your next great idea.

Endoscope disinfection  
and leak test system

High flow-low pressure  
3/2-way valve for respirators

Flow control block for  
insufflators

Trust in health professionals. 
Trust in the technology.

Just as for a patient during surgery we put your success at the 

number one priority.



Technology  
to Trust In.

Water supply and conditioning  
unit in dental chairs

Air and water flow control  
for dental instruments

Gas control unit for home  
care ventilators

A visit to the dentist cannot be delayed forever but Bürkert may be 

able to offer much less painful treatment with its cutting-edge  

innovations inside your dentists chair.

Not only dental chairs but also haemodialysis instruments, home care 

respirators, sterilizers and lithotripters probably contain a little bit  

of Bürkert.

We disinfect, cool, handle dialysate, pump, pressurise and flush in  

environments which demand low maintenance, low noise generation, 

media isolation, and certified medical grade materials.

System technology including tools, molded parts, sensor technology, 

valves and control electronics have sprung from numerous co-devel-

opments, so next time you visit the dentist … relax … Bürkert is inside.

24  Medical Instruments

Bürkert is embedded  
in many medical systems.

Bürkert technolgy in dental chairs: out of sight—but there for 

your comfort.



Meeting Industrial  
Requirements.

Carrying handle for water- 
cooled core drill

Seal gas block for turbo  
molecular pumps

Ink supply and rinsing unit  
for industrial inkjet

We work in a range of industries and can provide eggsactly what 

you need.

Across industries, from industrial inkjet, optical disc production,  

lubricant or glue dosing, car wash stations to commercial appliances, 

increasing demands are made on low-volume liquid handling. One  

key driver is a trend for stronger or higher concentrated chemicals. 

Our custom wetted parts are guaranteed for high concentrations, 

whether of a detergent, a reagent or an aggressive solvent. The 

special challenges of robustness and reliability, even in extreme con-

texts, motivate us to create the right solution for you.  

Precision, reliability and material security is only part of the equation 

in building superlative systems. Closeness is key. We form a strong 

team with you where ever you are. 

Global expertise … locally.
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A wealth of knowledge  
and industrial experience is 

better than any chemical  
resistance chart.



There are things we simply take for granted. Only when they are gone, do we realize 

how important these things really were. This applies in particular to closeness.  

Without closeness, it is very difficult to build relationships and a good understanding 

of one another. As an established medium-sized company, we know that. And  

that is why we are always there for you. Working with you, we develop the best possi-

ble solutions for your projects in the area of MicroFluidics. Our global presence  

in 35 locations enables us to press ahead with technical innovations for our custom-

ers around the world.

CLOSENESS



Asia Pacific

Australia
BURKERT CONTROMATIC AUSTRALIA
PTY. LIMITED
15 Columbia Way, Norwest Business Park
Baulkham Hills, NSW 2153, Australia
Tel: +61 2 8853 6353
Fax: +61 2 8853 6363
E-mail: sales.au@burkert.com

Victoria
BURKERT CONTROMATIC AUSTRALIA
PTY. LIMITED
Unit 11/26-30 Howleys Road
Notting Hill Victoria 3168
Tel: 1300 888 868
Fax: 1300 888 076

Queensland
BURKERT CONTROMATIC AUSTRALIA
PTY. LIMITED
Unit 4/43 Sandgate Road
Albion Queensland 4010
Tel: 1300 888 868
Fax: 1300 888 076

Western Australia
BURKERT CONTROMATIC AUSTRALIA
PTY. LIMITED
Unit 8, 1st Floor, 85 Reid Promenade
Joondalup WA 6027
Tel: 1300 888 868
Fax: 1300 888 076

China
Burkert Contromatic (Shanghai), Co., Ltd.
166 Min Dong Road, Cao Road Town,
Pudong New Area
Henglu Modern Industrial Park Block 6
2nd Floor
Shanghai 201209, P.R. China
Tel: +86 21-5863 99 90
Fax: +86 21-5863 99 68
E-mail: info.chn@burkert.com

Beijing
Burkert Contromatic (Shanghai), Co., Ltd.
Room A 1708, Luowa Building, No.203
Er Qu Lizezhongyuan, Wangjing,
Chaoyang District
Beijing P.R. China, 100102 
Tel: +86 10 64399783, 64399793
Fax: +86 10 64399612

Chengdu
Burkert Contromatic (Shanghai), Co., Ltd.
Room 603-604, Fuji Building
26 Dongfeng Road, Shudu Dadao
Chengdu P.R. China, 610061
Tel: +86 28 8443 9064
Fax: +86 28 8445 1341

Guangzhou
Burkert Contromatic (Shanghai), Co., Ltd.
Room 1502, Tower 4, Dong Jun Plaza
828 - 836 Dong Feng Road East
Guangzhou P.R. China, 510080
Tel: +86 20 8769 8379, 8767 8703
Fax: +86 20 87671131

Shanghai
Burkert Contromatic (Shanghai), Co., Ltd.
Room 501/502 Xin Gai Nian Mansion
No.39 Wu Zhong Road
Shanghai P.R. China, 200233
Tel: +86 21 6486 5110
Fax: +86 21 6487 4815

Suzhou
Burkert Contromatic (Shanghai), Co., Ltd.
Unit A5, Suhong Square
No.81 Suhong West Road
SIP Suzhou P.R. China, 215021
Tel: +86 512 6265 9881
Fax: +86 512 6265 9882

Hong Kong
Burkert Contromatic (China/HK) Limited
Unit K, 9/Floor, Kwai Shun Industrial Centre
No. 51-63 Container Port Road
Kwai Chung, N.T., HONG KONG
Tel: +852 248 012 02
Fax: +852 241 819 45
E-mail: info.hkg@burkert.com

India
Burkert Contromatic PVT Ltd
Apex Towers, 1st Floor, No. 54 II Main Rd
RA Puram
Chennai 600 028, India
Tel: +91 (0)44-4230 3456
Fax: +91 (0)44-4230 3232
E-mail: sales.in@burkert.com

Japan
Burkert Ltd.
Imasu moto asakusa-building
4-9-14 Moto Asakusa, Taito-ku
Tokyo 111-0041, Japan
Tel: +81 (0)3-5827-0066
Fax: +81 (0)3-5827-0067
E-mail: info.jpn@burkert.com

Osaka
Burkert Ltd.
2-8-8-1103 Higashi Nakajima,  
Higashi-Yodogawa-ku
Osaka 533-0033, JAPAN
Tel: +81 (0)6-6320-0880
Fax: +81 (0)6-6320-0881

Korea
Burkert Contromatic Korea Co., Ltd.
C-401, Micro Office Bldg. 554-2
Gasan-Dong, Keumcheon-Gu
Seoul 153-803, Korea
Tel: +82 (0)2-3462 5592
Fax: +82 (0)2-3462 5594
E-mail: info.kor@burkert.com

Malaysia
BURKERT CONTROMATIC SINGAPORE
PTE LTD
2F-1, Tingkat Kenari 6
Sungai Ara
11960 Penang, Malaysia
Tel: +60 (0)4-643 5008
Fax: +60 (0)4-643 7010
E-mail: info.sin@burkert.com

New Zealand
BURKERT CONTROMATIC NEW ZEALAND
LIMITED
44 Rennie Drive
Airport Oaks, Auckland 2022
New Zealand
Tel: +64 (0)9-256 77 37
Fax: +64 (0)9-256 77 47
E-mail: sales.nz@burkert.com

Philippines
BURKERT CONTROMATIC PHILIPPINES, INC.
8467 West Service Road, Km. 14, Sunvalley
South Superhighway, Parañaque City, 1700
Metro Manila, Philippines
Tel: +63 (0)2-7766071 / 7764384
Fax: +63 (0)2-776 43 82
E-mail: info.rp@burkert.com

Singapore
BURKERT CONTROMATIC SINGAPORE
PTE LTD
51 Ubi Avenue 1, #03-14
Paya Ubi Industrial Park
Singapore 408933, Singapore
Tel: +65 6844 2233
Fax: +65 6844 3532
E-mail: info.sin@burkert.com

Taiwan
Burkert Contromatic Taiwan Ltd.
9 F, No. 32, Chenggong Road, Sec. 1,
Nangang District
Taipei
Taiwan 115, R.O.C.
Tel: +886 (0)2-2653 7868
Fax: +886 (0)2-2653 7968
E-mail: info.rc@burkert.com

Credits:

© Christian Bürkert GmbH & Co. KG
Concept and realization:  
WOLF, Berlin
Photography: Münch Lichtbildnerei Stuttgart;
Studio Flamisch, Düsseldorf; 
All people shown are employees at Bürkert  
or employees of Bürkert’s clients.
Special thanks to our clients for supporting  
our photo shootings.
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North and South  
America

Argentina
Bürkert-Contromatic Argentina S.A.
Uruguay 2602, Centro Uruguay Norte,
P.B. Oficina 1
(B1643EKP) Beccar, Pcia. de Buenos Aires
ARGENTINA
Tel: +54 (0)11-5648-6350
Fax: +54 (0)11-5648-6355
E-mail: burkert@burkert.com

Brazil
Bürkert-Contromatic Brasil Ltda.
Rua Américo Brasiliense, 2069
Chacara Santo Antônio
04715-005 São Paulo
SP Brazil
Tel: +55 (0)11-2185 11 55
Fax: +55 (0)11-2185 11 65
E-mail: burkert@burkert.br

Canada
Burkert Contromatic Inc.
5002 South Service Road
Burlington, Ontario L7L 5Y7
Canada
Tel: +1 905-632 30 33
Fax: +1 905-632 38 33
E-mail: sales.ca@burkert.com

USA
BURKERT CONTROMATIC CORP.
2915 Whitehall Park Drive, Suite 100
Charlotte, NC 28273
USA
Tel: +1 704-504 44 40
Fax: +1 704-504 30 47
E-mail: marketing-usa@burkert.com

Europe

Austria
Bürkert-Contromatic G.m.b.H.
Diefenbachgasse 1-3
AT-1150 Wien
Tel: +43 (0)1-894 13 33
Fax: +43 (0)1-894 13 00
E-mail: info@buerkert.at

Belgium
Bürkert Contromatic NV
Wijnegem Zone 1 “De Hoek”
Bijkhoevelaan 3
BE-2110 Wijnegem
Tel: +32 (0)3-325 89 00
Fax: +32 (0)3-325 61 61
E-mail: sales.be@burkert.com

Czech Rep.
Bürkert-Contromatic G.m.b.H. organizacni 
slozka
Krenova 35
CZ-602 00 Brno
Tel: +420 543-25 25 05
Fax: +420 543-25 25 06
E-mail: obchod@burkert.cz

Denmark
Bürkert-Contromatic A/S
Hørkær 24
DK-2730 Herlev
Tel: +45 44-50 75 00
Fax: +45 44-50 75 75
E-mail: info.dk@burkert.com

Estonia
Bürkert Oy Eesti
Laki 11 E
EE-12915 Tallinn
Tel: +372 6440 698
Fax: +372 6313 759
E-mail: info@burkert.ee

Finland
Bürkert Oy
Atomitie 5
FI-00370 Helsinki
Tel: +358 (0)207 412 550
Fax: +358 (0)207 412 555
E-mail: sales.fi@burkert.com

France
BURKERT CONTROMATIC SAS
Rue du Giessen
FR-67220 Triembach au Val
Tel: +33 (0)388-58 91 11
Fax: +33 (0)388-57 20 08
E-mail: burkert.france@burkert.com

Germany
Bürkert GmbH & Co. KG
Christian-Bürkert-Straße 13 - 17
DE-74653 Ingelfingen
Tel: +49 (0)7940-10-111
Fax: +49 (0)7940-10-448
E-mail: info@buerkert.de

Italy
Bürkert Contromatic Italiana S.p.A.
Centro Direzionale „Colombirolo“
Via Roma, 74
IT-20060 Cassina De’ Pecchi (Mi)
Tel: +39 02-959 071
Fax: +39 02-959 07 251
E-mail: info@buerkert.it

Norway
Bürkert-Contromatic A/S
Hvamstubben 17
NO-2013 Skjetten
Tel: +47 63-84 44 10
Fax: +47 63-84 44 55
E-mail: info@burkert.no

Netherlands
Bürkert Contromatic BV
Computerweg 9
NL-3542 DP Utrecht
Tel: +31 (0)346-58 10 10
Fax: +31 (0)346-56 37 17
E-mail: info@burkert.nl

Portugal
Tel: +351 212 898 275
Fax: +351 212 898 276
E-mail: portugal@burkert.com

Poland
Burkert-Contromatic GmbH Oddzial w Polsce
Bernardynska street 14 a
PL-02-904 Warszawa
Tel: +48 (0)22-840 60 10
Fax: +48 (0)22-840 60 11
E-mail: buerkert@buerkert.pl

Spain
Bürkert Contromatic S.A.
Avda. Barcelona, 40
ES-08970 Sant Joan Despi, Barcelona
Tel: +34 93-477 79 80
Fax: +34 93-477 79 81
E-mail: spain@burkert.com

Sweden
Bürkert-Contromatic AB
Skeppsbron 13 B
SE-211 20 Malmö
Tel: +46 (0)40-664 51 00
Fax: +46 (0)40-664 51 01
E-mail: info.se@burkert.com

Switzerland
Bürkert-Contromatic AG Schweiz
Bösch 71
CH-6331 Hünenberg ZG
Tel: +41 (0)41-785 66 66
Fax: +41 (0)41-785 66 33
E-mail: info.ch@buerkert.com

Turkey
Burkert Contromatic Akiskan Kontrol
Sistemleri Ticaret A.S.
1203/8 Sok. No2-E
TR-Yenisehir, Izmir
Tel: +90 (0)232-459 53 95
Fax: +90 (0)232-459 76 94
E-mail: burkert@superonline.com

United Kingdom
Burkert Contromatic Limited
Brimscombe Port Business Park
Brimscombe, Stroud
Glos, GL5 2QQ / UNITED KINGDOM
Tel: +44 (0)1453-73 13 53
Fax: +44 (0)1453-73 13 43
E-mail: sales.uk@burkert.com

Africa

South Africa
Bürkert Contromatic (Proprietary) Limited
233 Albert Amon Road
Millennium Business Park
Meadowdale,
Germiston
(Postal: P.O. Box 26260, East Rand 1462)
SOUTH AFRICA
Tel: +27 (0)11-574 60 00
Fax: +27 (0)11-454 14 77
E-mail: sales.za@burkert.com




