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General data

Materials
	 Housing, cover
	 Front panel folio / Screws
	 Multipin
	 Wall-mounting holder

PC, +20% glass fibre 
Polyester / Stainless steel
CuZn, nickel-plated
PVC

Display Dual-line 8-digit LCD with backlight 

Electrical connections Multipin: M12-8pin, M8-4pin, M8-3pin
Insert for connecting to components according to DIN 
EN 175301-803 (previously DIN 43650, Form A).

Voltage supply cable 0.5 mm2 max. cross section, max. 100 m, shielded

Environment

Ambient temperature 32°F up to 158°F (0°C up to +70°C) (operating and storage)

Relative humidity ≤ 80%, without condensation

Standards and approvals

Protection class IP65

Standard
	 EMC, CE EN 61326

Universal process controller  
eCONTROL

Thanks to its compact design, the universal 
8611 controller is especially designed for com-
pact control system applications.
It is compatible and tested with all Bürkert pro-
portional valves and sensors and can be con-
nected with every none-Bürkert Control valve 
by standard signal (4-20 mA, 0-10 V or PWM-output).
The proportional & Integral (PI) process control-
ler is equipped with many additional functions.
The process value feedback can be supplied 
as one of three analog inputs; a standard sig-
nal (4-20 mA/0-10V), frequency or RTD signal; 
directly to the universal controller.
The process switching points can be set via a 
4-20 mA or 0-10 V signal or with the keypad
For temperature specific control, it is possible 
to set a cascade structure with both tempera-
ture and flow as inputs.
Thanks to the proportional control capabilities, 
a wide range of control functions can be per-
formed in a variety of liquids and gas medias.

Fields of application:

 Flow control, Ratio control
 Pressure control
 Temperature control
 Conductivity control
 pH control
 Level control

• Continuous, 2-point, 3-point and On/Off control

• Ratio control function

• Sensor inputs (4-20 mA, 0-10 V, frequency, RTD)

• Control of proportional, process and motor valves

• Bürkert proportional valves and flow meters are memorized

• 1/16 DIN size panel versionType 8611 can be combined with...

Type 6223

Proportional 	
valve

Type 2301+8696

Globe control valve 
system

Type 8012

INLINE  
flow sensor

Type 8314

Pressure transmitter 
4-20 mA

Type 8417

RTD sensor

Type 8222

Neutrino 
transmitter
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In case of special application conditions,
please consult for advice.
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 Multi channel solution

 with process control valve 
 
 
 
 
 
 
 
 
 
 
 
 
 
 with solenoid control valve

Examples of applications

 Cascaded temperature control with process control valve

Positioning system -
Type 8810 Process control valve

Type 2712 or 2012C

RDT
Temperature sensor
Type 8417

Flow sensor-fitting
Type S030
with Controller
Type 8611
(fitting mounted version)

 Flow control with process 
 control valve

P

Positioning system -
Type 8810

P

Bloc with integrated
Flow sensor-fitting Type S030,
Process control valve Type 2012C and
Controller Type 8611

 Temperature control with solenoid control valve

Solenoid control
valve
Type 2835

Temperature controller
Type 8611
(wall-mounted version)

RDT
Temperature
sensor
Type 8417




